
Instruction Sheet
TECP-90-716 
Issue 2, July 2016 NG4access ODF Platform MPO Module (MPO-MOD)
Install the module on the rear of the universal chassis (“left exit” module on left side of chassis, 
“right exit” on right side). Follow the numbered steps within the illustrations below.

25181-B

3

1

ACCESS
TRAY

HANDLE

1. Pull out access tray handle.
2. Snap module down in five locations shown.
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3. If connecting MPO, clean per local practice.
4. Connect and route through inner tray cable guide,
    end of arm guide, and cross frame trough.

Infrared radiation is 
invisible and can seriously
damage the retina of the 
eye. Do not look into the 
ends of any optical fiber. 
Do not look directly into 
the optical adapters 
of the adapter packs. 

Danger:

!
NOTE: DO NOT INSTALL ADDITIONAL LABELS TO TOP OF MODULE.
INTERFERENCE MAY RESULT WITH ADJACENT TRAYS.
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5. If connecting on left side, 
    route as shown here.
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6. If connecting on right side, 
    route as shown here.
7. Push in access tray handle
    to close access tray.
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TECHNICAL ASSISTANCE

Contact the Technical Assistance Center (TAC) for technical question. Call 800.830.5056 or 
send an email to TAC.Americas@commscope.com.
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