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GENERAL NOTES1.
1.1    ALL METRIC DIMENSIONS ARE INDICATED BY [X.X]
1.2    FEATURES CRITICAL TO QUALITY ARE INDICATED BY X.X

REVISIONS
REV ECN DESCRIPTION BY DATE
A 8000037930 INITIAL RELEASE SF1043 12/19/2019

ITEM PART NO. DESCRIPTION QTY. WEIGHT
1 MTC3999FK02 FOUNDATION TEMPLATE BOTTOM, 1.25 HOLES X 16" BC 1 4.20 LBS
2 MTC3999FK01 FOUNDATION TEMPLATE, 1.25 HOLES X 16" BC 1 3.85 LBS
3 MT39312548 THREADED ROD, 1.25-7 X 48,F1554 GR55, GALV 4 16.59 LBS
4 GWF-10 1-1/4" GALV FLAT WASHER 8 0.25 LBS
5 GWL-10 GALV WASHER, LOCK, 1-1/4" 4 0.168 LBS
6 GN-10A HEX NUT GALV, 1.25-7, HEAVY 16 0.872 LBS
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COMMSCOPE, INC. OF NORTH CAROLINA

FOUNDATION KIT, 16" BC, 48" X 1.25 ROD 
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